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SEL-2800 
EIA-232 Fiber-Optic Transceiver 
Up to 40,000 Bits per Second, 500 m 

Ordering Information 
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 Part Number Example: 2800M1

Choose from the following options. 
Enter option codes to complete the part number. 

      2 8 0 0 1
EIA-232 Connector    

Female DB-9  F  

Male DB-9  M  

Enclosure    

Plastic Shell   1 

A complete installation of SEL-2800 transceivers requires: 

h Two transceivers (one for each end). 

h SEL-C805 Multimode 200 µm Core Cable with V-Pin connectors (WI-4092) 

 

 

  
   

 


